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PUMP DESIGN DATA

No. of pumps: Tag:

Capacity: USgpm (L/s) Head: ft (m)
Liquid: Viscosity:

Temperature: °F (°c) Specific Gravity:

Suction: 3"(75mm) Discharge: 3"(75mm)

MATERIALS OF CONSTRUCTION

Date:

Date:

Date:
MOTOR DESIGN DATA
HP: RPM: Frame size: Enclosure:
Volts: Hertz: 60 Hz Phase: 3

Efficiency™: [J Standard [J Energy EFF 12.11
[J NEMA premium 12.12

* Frame 56 motors: Standard Efficiency only.
JM motors: 12.11 0r 12.12

PART NAME M BRONZE FITTED M ALL IRON M ALL BRONZE
Casing Cast iron Cast iron Bronze
Impeller Bronze Castiron Bronze
Companion flanges Cast iron Cast iron Bronze
Pump/motor bracket Cast iron Cast iron Bronze
Motor frame [ 56c Oim [ 56c Lm [ 56c Oim
Stub shaft Stainless steel | NA Stainless steel | NA Stainless steel | NA
Shaft sleeve NA Bronze | NA St Steel | NA Bronze

OPTIONAL EQUIPMENT

MECHANICAL SEAL DATA

Seal Type: 2A Stationary Seat: Silicone carbide
Secondary Seal: Erpbm  Rotating Hardware: Stainless steel

Spring: Stainless steel

FLUID TYPE
Temperature

ALL GLYCOLS > 30% WT CONC

ALL OTHER NON-POTABLE FLUIDS
up to 200°F (93°C) |over 200°F (93°C) |up to 200°F (93°C)

MAXIMUM PUMP OPERATING CONDITIONS

ANSI 125
175 psig at 150°F (12 bars at 65°¢)
140 psig at 250°F (10 bars at 121°¢)
ANSI 250

300 psig at 150°F (20 bars at 65°C)
250 psig at 250°F (17 bars at 121°¢)

POTABLE (DRINKING) WATER

over 200°F (93°C) up to 200°F (93°C) |over 200°F (93°C)

Rotating Face Silicone carbide
Seat Elastomer EpDM (L-cup)

Material Code SCsc L EPSS 2A

epbM (0-ring)
SCsc 0 EPSS 2A

Resin bonded carbon |Antimony loaded carbon
EPDM (L-cup)
C-sc L EPSS 2A

Resin bonded carbon
epbM (0-ring)
C-sc O EPSS 2A

EpDM (L-cup)
C-sC L EPSS 2A

epbM (0-ring)
ACsc 0 EPSS 2A
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DISCHARGE

SHIP. WEIGHT |bs (kg)
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SERIES 4360 PERFORMANCE CURVES
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Curve number
PT43-0-0-3600
Series

4360

Size

3D

RPM
3600

BHP based on shown
Fluid’s sp. gr.

Availability
4360 all ratings
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Performance curves are for reference only.

Confirm current performance data with Armstrong Ace Online selection software.

Performance
guaranteed only

at operating point
indicated

Curve shown for
clear, cold

water - SP. GR. 1.0000

Curve number
PT42-0-0-1800
Series

4360

Size

2D

RPM
1800

BHP based on shown
Fluid's sp. gr.

Availability
4360 all ratings

Performance
guaranteed only

at operating point
indicated

Curve shown for
clear, cold

water - SP. GR. 1.0000
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