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controller configur ation

par allel  sensorless  pump  
controller variant

Number of pumps being controlled:                 (specify 2 to 4) 

One pumping unit standby only:   Yes       No

Integrated on pumping unit:   Yes       No

designation bms serial  
communication part number

pspc-n None 710000-000

pspc-b BACnet 710000-001

pspc-l LonWorks 710000-002

pspc-m Modbus 710000-003 width height depth weight

5.00 (127) 6.50 (165) 3.15 (80) 3 (1.4)

PAR ALLEL SENSORLESS PUMP CONTROLLER 
(PSPC)  | S U B M I T T A L

dimensions and weights

standard functionalit y and  
construction

data avail able  on controller ke ypad

power supply

•	 4 row × 20 character lcd and keypad interface  
•	 On-screen menu driven operator interface 
•	 Remote or local start/stop mode of operation 
•	 Three level (factory and field) password protection
•	 Fault memory and alarm history
•	 Automatic pump lead rotation (includes standby)
•	 Two standard alarms:  1 pump and ivs 102, overload, failure  

2 any system failure 
•	 Output for remote alarm signal
•	 Embedded logic to stage pumps for best efficiency and to 

optimize system energy usage 

System status

•	 Total system flow  
•	 System head 
•	 Total pumping power  
•	 Pump speed
•	 Pump run status
•	 Alarm
•	 Wire to water efficiency (calculated) 
•	 Number of pumps running
•	 Lead pump number

Individual pump status

•	 Speed (Hz)  
•	 Speed (rpm) 
•	 Operating hours  
•	 Fault number
•	 Current (a)
•	  Volt (vac)
•	 Power (kW)
•	 Head
•	 Flow

From each pump ivs 102 control

Dimensions in inches (mm)  Weights are in lbs (kg)

parallel sensorless

pump controller
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